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Nylon Cabl
Glands

Available in both Metric and PG
thread vefSions™

: '
Made from P@yﬂﬂﬁ:ﬁ PG Nylon Cable Gland Pack
- '-._'.f_:;'..} 4 Complete with Locknuts fitted
VDE Apfifoved—"
" ! Thread Cable Overall Pack Part no.
|P68 Ingress Protection Size Diameter | Length |Quantity | Replace « for Col.| Red |White| Black | Grey
PG7 3.0-6.5mm | 15mm 10 ACGPG7+ WHT i e GRY
Available in Red,Wh|te, PG9 4.0-80mm | 19mm 10 ACGPG9e WHT GRY
PG11 |5.0-10.0mm | 22mm 10 ACGPG11- WHT i e GRY
BIaCk an:%G rey PG135 | 6.0-12.0mm | 27mm 10 ACGPG135 WHT el GRY
PG16 |10.0-140mm| 27mm 10 ACGPG16e WHT i GRY
PG21 |13.0-180mm| 33mm 10 ACGPG21. WHT i GRY
PG29 |18.0-25.0mm | 42mm 10 ACGPG29 WHT i el GRY
PG36 |22.0-32.0mm | 53mm 5 ACGPG36e WHT GRY
PG42 |30.0-38.0mm | 60mm 5 ACGPG42- WHT i e GRY
PG48 |34.0-440mm | 65mm 5 ACGPGA48. WHT i el GRY

PG Nylon Locknut

Spare Packs for replacement or
when two locknuts are required

Thread Pack Part no.
Size |Quantity | Replace ¢« for Col. | Red | White | Black | Grey
PG7 10 APLNPGT7- WHT GRY
PG9 10 APLNPGY WHT GRY |
PG11 10 APLNPG11. WHT GRY .
PG135 10 APLNPG135 WHT GRY
PG16 10 APLNPG16e WHT GRY
PG21 10 APLNPG21e WHT GRY r
PG29 10 APLNPG29- WHT GRY L f
PG36 5 APLNPG36e WHT GRY 3
PG42 5 APLNPG42. WHT GRY
PG48 5 APLNPG48. WHT GRY

Black Nylon PG to Metric Adaptors

Thread Pack Part
Size Quantity no.
PG7 x M12 5 ACGAPG7 x M12
PG7 x M16 5 ACGAPG7 x M16
PG9 x M12 5 ACGAPG9 x M12
PG9 x M16 5 ACGAPG9 x M16
PG11 x M16 5 ACGAPG11 x M16
PG11 x M20 5 ACGAPG11 x M20
PG13.5 x M16 5 ACGAPG13.5 x M16
PG13.5 x M20 5 ACGAPG13.5 x M20
PG13.5 x M25 5 ACGAPG13.5 x M25
PG16 x M20 5 ACGAPG16 x M20
PG16 x M25 5 ACGAPG16 x M25
PG21 x M25 5 ACGAPG21 x M25
PG21 x M32 5 ACGAPG21 x M32
PG29 x M32 5 ACGAPG29 x M32
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Metric Nylon Cable Glands

Metric Nylon Cable Gland Pack
Complete with Locknuts fitted

Thread Cable Thread | Overall Pack Part no.

Size Diameter | Length | Length | Quantity|Replace «for Col. | Red | White| Black | Grey
12 3.0-6.5mm | 8mm 15mm 10 ACGM12. GRY
16 5.0-10.0mm | 10mm 22mm 10 ACGM16+ GRY
20 6.0-12.0mm | 10mm 24mm 10 ACGM20+ GRY
20 10.0-14.0mm| 10mm 27mm 10 ACGM20L. GRY
25 13.0-18.0mm| 10mm 33mm 10 ACGM25¢« GRY
32 18.0-25.0mm | 18mm 42mm 10 ACGM32. GRY
40 22.0-32.0mm| 18mm 53mm 5 ACGM40+ GRY
50 30.0-38.0mm | 18mm 60mm 5 ACGM50+ GRY
63 34.0-44.0mm | 18mm 65mm 5 ACGM63+ GRY

Metric Nylon Locknut

Spare Packs for replacement or
when two locknuts are required

Thread Pack Part no.

Size |Quantity |Replace ¢ for Col. | Red |White | Black | Grey

12mm 10 APLNM12 WHT GRY =
16mm 10 APLNM16+ WHT GRY J/_
20mm 10 APLNM20e WHT GRY J
25mm 10 APLNM25¢ WHT GRY

32mm 10 APLNM32¢ WHT GRY

40mm 5 APLNM40+ WHT GRY

50mm 5 APLNM50+ WHT GRY

63mm 5 APLNM63+ WHT GRY

Black Nylon Metric to PG Adaptors

Thread Pack Part
Size Quantity no.
M12 x PG7 5 ACGAM12 x PG7
M12 x PG9 5 ACGAM12 x PG9
M16 x PG9 5 ACGAM16 x PG9
M20 x PG11 5 ACGAM20 x PG11
M20 x 135 5 ACGAM20 x PG13.5
M20 x PG16 5 ACGAM20 x PG16
M25 x PG16 5 ACGAM25 x PG16
M25 x PG21 5 ACGAM25 x PG21
M32 x PG29 5 ACGAM32 x PG29
M40 x PG29 5 ACGAMA40 x PG29
M50 x PG36 5 ACGAMS50 x PG36
M50 x PG32 5 ACGAM50 x PG32
M63 x PG48 5 ACGAMS63 x PG48

To place an order: Freephone: 0800 316 9991 | Freefax: 0800 316 9992 | E-mail: ampliversal@tycoelectronics.com



Gland
Selection
Guide
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i ~ Gland Selection Guide
Brass €abfe
Nominal Number of Cores
Conduct
G I an dS Ar?ar; (lilirg:’) 1 2 3 4 5 7 10 12 19 27 37 48
" | 15 - 16 16 20S 20S 20 20 25 25 32 32 32
BW and CW versions
-ﬁ' 25 - 20S 20S 20S 20 20 25 25 25 32 40 40
BW SUItabIe for dry 4 - 20S 20S 20 20 20 25 25 32 40 40 50
indoor conditions
6 _ 20 20 20 20 The Gland sizes recqmmended in
i . this chart are for guidance only and
based bl fi d
C\(/jV SUI(tjable for Ic?.d'OOI’ 0 ] 2 w | 2 »5 i;eBSaZZG;H cables manufacture
and outdoor conditions
16 _ 25 25 25 25 In accor.dancg with BS 6121 Actual
- Cable d|men§|ons must be used for
Tested and approved to » | s | s | s | g | G selection
BS6121 pt1
35 - 32 32 32 40
Manufactured in cast brass 5 w | s | 2| 2| s
to BS2874"and defect free 2 w | 2| 2| o s
" ~ . - E 95 25 32 40 50S
Supplied in Kit form with
Shrouds, Earth Tags and 120 25 | 40 | 505 | 50
Steel Locknuts 5 2 | o | s | %
Standard 1.5mm Thread Pitch 185 32 | s0s | 50 | 63
240 32 50 63S 63

Data and Specifications
subject to change 300 2 | 63 | 63 | 755
without notice

400 40 63S 758 75

All dimensions in mm - for additional dimensional detail, contact local sales office

BW and CW Brass Gland Packs come complete with
Glands, Shrouds, Locknuts, Seals and Earth Tags
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Brass Cable Gland Packs

BW Industrial Brass Gland Pack

Suitable for dry indoor conditions

Gland Standard Min. Cable Cable Armour Part
Size Entry Thread | Diameter | Diameter Wire no.
Thread Length Max Max Diameter
(D) (E) A) (B) ©
16 16 10 8.6 135 0.9 ABW16
20S 20 10 116 16.1 0.9/1.25 | ABW20S
20 20 10 139 211 0.9/1.25 | ABW20
25 25 10 19.9 274 1.25/1.60 | ABW25
32 32 10 26.2 344 1.60/2.00 | ABW32
40 40 15 321 424 1.60/2.00 | ABW40
50S 50 15 381 50.1 2.00/2.50 | ABW50S C
50 50 15 44.0 55.7 2.00/2.50 | ABW50 - ___—_;—:?2)/\/‘/}»",““‘ N
635 63 15 50.0 62.4 250 ABW63S T T
63 63 15 55.9 68.2 250 ABW63 B 1 A D
755 75 15 61.9 76.8 250 ABWT75S L AL
75 75 15 67.9 82.9 2.50/3.00 | ABW75 ==)

CW Industrial Brass Gland Pack

Suitable for indoor and outdoor conditions

Gland Standard Min. Cable Cable Armour Part
Size Entry Thread | Diameter | Diameter Wire no.
Thread Length Max (B) Diameter
(D) (E) (A) Min Max| (C)
16 16 10 8.6 8.85 |13.35 09 ACW16
208 20 10 11.6 114159 | 09/1.25 | ACW20S
20 20 10 13.9 150209 | 09/1.25 | ACW20
25 25 10 19.9 203|274 | 1.25/1.60 | ACW25
32 32 10 262 26.0 | 339 | 1.60/2.00 | ACW32
40 40 15 321 31.0 | 404 | 1.60/2.00 | ACW40
508 50 15 38.1 36.5 | 46.7 | 2.00/250 | ACW50S C
50L 50 15 440 430 531 | 2.00/250 | ACW50 ;
63S 63 15 50.0 489 | 59.4 250 ACWE63S T T
63 63 15 55.9 58.0 | 65.9 250 ACWE3 B _ A D
758 75 15 61.9 60.6 | 72.1 250 ACWT75S &
2 X
75 75 15 67.9 649 | 785 | 250/315 | ACW75 © \

e

To place an order: Freephone: 0800 316 9991 | Freefax: 0800 316 9992 | E-mail: ampliversal@tycoelectronics.com



Brass Cablesa
Gland
Accessories

gy
F ——~ CW PVC Shroud BW PVC Shroud
Size Pack Part Size Pack Part
Quantity no. Quantity no.
16mm 2 APS16CW 16mm 2 APS16BW
20mm$S 2 APS20CWS 20mmS 2 APS20BWS
20mm 2 APS20CW 20mm 2 APS20BW
25mm 2 APS25CW 25mm 2 APS25BW
32mm 2 APS32CW 32mm 2 APS32BW
40mm 2 APS40CW 40mm 2 APS40BW
50mmS 2 APS50CWS 50mmS 2 APS50BWS
50mm 2 APS50CW 50mm 2 APS50BW
63mmS 2 APS63CWS 63mmS 2 APS63BWS
63mm 2 APS63CW 63mm 2 APS63BW
75mmS 2 APS75CWS 75mmS 2 APS75BWS
75mm 2 APS75CW 75mm 2 APS75BW
LSF Shroud for CW Glands LSF Shroud for BW Glands
Size Pack Part Size Pack Part
Quantity no. Quantity no.

16mm 10 APS16CW-LSF 16mm 10 APS16BW-LSF
20mmsS 10 APS20CWS-LSF 20mmS 10 APS20BWS-LSF
20mm 10 APS20CW-LSF 20mm 10 APS20BW-LSF
25mm 10 APS25CW-LSF 25mm 10 APS25BW-LSF
32mm 10 APS32CW-LSF 32mm 10 APS32BW-LSF
40mm 4 APS40CW-LSF 40mm 4 APS40BW-LSF
50mms$S 4 APS50CWS-LSF 50mm$S 4 APS50BWS-LSF
50mm 4 APS50CW-LSF 50mm 4 APS50BW-LSF
63mmS 4 APS63CWS-LSF 63mmS 4 APS63BWS-LSF
63mm 4 APS63CW-LSF 63mm 4 APS63BW-LSF
75mmS 2 APS75CWS-LSF 75mmS 2 APS75BWS-LSF
75mm 2 APS75CW-LSF 75mm 2 APS75BW-LSF
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Washer and Seal Kit

Size Pack Part
Quantity no.
16mm 10/10 | ACGS16
20mmS 10/10 | ACGS20S
20mm 10/10 | ACGS20
25mm 10/10 | ACGS25
32mm 10/10 ACGS32
40mm 10/10 | ACGS40
50mmS 5/5 ACGS50S
50mm 5/5 ACGS50
63mmS 5/5 ACGS63S
63mm 5/5 ACGS63
75mmS 5/5 ACGS75S
75mm 5/5 ACGS75

Contains 10 washers + 10 Seals
or 5 washers + 5 seals

Steel Lock Nut

Size Pack Part
Quantity no.
16mm 4 ASLN16
20mm 4 ASLN20
25mm 4 ASLN25
32mm 4 ASLN32
40mm 4 ASLN40
50mm 4 ASLN50
63mm 4 ASLN63
75mm 4 ASLN75

To place an order: Freephone: 0800 316 9991 | Freefax: 0800 316 9992 | E-mail: ampliversal@tycoelectronics.com

Brass Earth Tag

Size Pack Part
Quantity| no.
16mm 5 AET16
20mm 5 AET20
25mm 5 AET25
32mm 5 AET32
40mm 5 AET40
50mm 5 AET50
63mm 5 AET63
75mm 5 AET75
Brass Lock Nut
Size Pack Part
Quantity no.
16mm 4 ABLN16
20mm 4 ABLN20
25mm 4 ABLN25
32mm 4 ABLN32
40mm 4 ABLN40
50mm 4 ABLN50
63mm 4 ABLN63
75mm 4 ABLN75

Trade Counter Stand Available
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