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REFERENCES PORTES LANGUETTES ASSOCIEES / ASSOCIATED TABS HOUSINGS REFERENCES
REF (PN) TE DESIGNATION [/ DESCRIPTION MATIERE / MATERIAL | COULEUR / COLOR
544334 - | Porte-lTanguette 2 voies SNGI etanche PBT 0% FV NO IR
Z-way NG| sealed tab housing PET GF 10% BLACK
1544334-7 Porte-languette 2 voies 8NGI etanche PBT 10% FV BLEU
2-way NG| sealed tab housing PBT GF 10X BLUE
1544334-3 Porte-lanquette 2 vores 8NGI etanche PBT 10% FV GRIS
2-way NG| sealed tab housing POT GF 10X GREY
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assemblage 15442727 | Clip 8mm NGI, section 3 a 6 mm? Cutvre Micro allie /
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