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COPPER ALLOY
  CONTACT AREA : 0.76 mMIN GOLD
  ALL OVER UNDER NICKEL PLATING 1.27 mMIN

DOUBLE SPRING CONTACT

GLASS FILLED LCP LINK HSG

GLASS EPOXY COPPER CLAD LAMINATE CHICKLET WAFER

COPPER ALLOY
  CONTACT AREA : 0.76 mMIN GOLD
  COMPLIANT PIN ACTION AREA : 0.1 mMIN GOLD
  BOTH OVER 1.27 mMIN NICKEL

SHALLOW EYE CONTACT

GLASS FILLED LCP SHROUD HSG

GLASS FILLED LCP ORGANIZER HSG

MATERIAL/FINISH NAME ITEM

DAUGHTERCARD EDGE
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SCALE 2:1

DAUTERCARD EDGE

SCALE 1:1

RECOMMENDED PC BOARD LAYOUT
VIEWED FROM CONNETOR SIDE

DRILLE HOLE DIA:0.63 to 0.67
COPPER PLATING :0.025 to 0.050mm COPPER PLATING
FINISH HOLE DIA. AFTER PLATING 0.55 to 0.64DIA
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MOUNTING PROHIBITION AREA
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2 SPACE BETWEEN BOARD AND CONNECTOR AT MOUNT
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3 THIS DWAWING IS DESCRIBED RIGHT ANGLE 11ROW CHICKLET 
  AND SPRING TYPE ASSEMBLY (TE P/N 1674580-1)

1

4 GND IS COMMON CONNECTION IN ONE CHICKLET WAFER.

D/C MARKING AREA

5 RECOMMENDED BOARD THICKNESS : 2 MINIMUM
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