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54 CUSTOMER P/N POSITIONS DIMENSION "A” TE P/N
A — 8.26 — 8.66 ™ ReF T SN - - — LABEL 11
.50£.25 — -— 20 20 — — PC |SOLDER TAB 10
20 20 — — PC [CONTACT, RECPT 9
- 0.83 — — PC |CABLE, 14 CONDUCTOR 8
— 10.20%£.12 - — 0.73 — — [ PC [CABLE, 6 CONDUCTOR 7
— — 1 — PC [LABEL, WHITE VINYL 6
— — 20 20 PC [SOLDER TAB 5
— - 20 20 PC |CONTACT, RECPT 4
1 1 1 1 PC [HOUSING, 20P 3
0.83 — 0.83 0.83 | PC |CABLE, 14 CONDUCTOR 2
0.73 - 0.73 0.73 | FT |CABLE, 6 CONDUCTOR 1
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A LABEL (ITEM 6) USED ON —2 & —4 ONLY. orc s - CABLE ASSY. TG, = 20 PO, 100e
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