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RAPPRESENTAZIONE MODULARITA'
SCALA 1:1

NON ASSEMBLARE PIU' DI 
2 CONNETTORI INSIEME

(SKETCH SHOWING CONNECTORS MODULARITY
SCALE 1:1

DO NOT ASSEMBLE MORE THAN
2 CONNECTORS TOGETHER)

LATO INSERZIONE
(INSERTION SIDE)

ASOLE ADDIZIONALI PER ASSEMBLAGGIO MULTIPLO
(ADDITIONAL SLOTS FOR MULTIPLE MOUNTING)

ASOLE PER ASSEMBLAGGIO
SINGOLO

(SLOTS FOR SINGLE 
MOUNTING)

N�$�2 CAVITA' ADATTE PER TERMINALI STANDARD POWER TIMER P/N:
(N�$�2 CAVITIES SUITABLE FOR STANDARD POWER TIMER CONTACTS P/N:)
927829-5   FINISH: SILVERED , WIRE RANGE: 2.5-4.0 sqmm 
          (FINITURA: AGENTATO, RANGO FILO: 2.5-4.0 sqmm) 
1241818-5  FINISH : SILVERED , WIRE RANGE: 6.0 sqmm
          (FINITURA: ARGENTATO, RANGO FILO: 6.0 sqmm) 

N�$�3 CAVITA' ADATTE PER TERMINALI POSITIVE LOCK MARK II, .187 SERIES P/N:
(N�$�3 CAVITIES SUITABLE FOR POSITIVE LOCK MARK II, .187 SERIES CONTACTS P/N:)
173690-1  FINISH: PRE-TIN, WIRE RANGE: 0.35-0.5 sqmm
         (FINITURA: PRE-STAGNATO, RANGO FILO: 0.35-0.5 sqmm)
173691-1  FINISH: PRE-TIN, WIRE RANGE: >0.5-1.0 sqmm
         (FINITURA: PRE-STAGNATO, RANGO FILO: >0.50-1.0 sqmm)
1318306-1  FINISH: PRE-TIN, WIRE RANGE: >1.0-2.5 sqmm
          (FINITURA: PRE-STAGNATO, RANGO FILO: >1.0-2.5 sqmm)

DIMENSIONI RELAY
(RELAY DIMENSIONS)

SEE SHEET 1
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