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NOTES

AMATERIAL:

—HOUSING: THERMOPLASTIC POLYESTER, COLOR GREY.
—CONTACTS: BRASS.

APLATING CONTACT: 1,25 tm Au OVER 1.25 am Ni IN CONTACT AREA.
Sn over 1,25 gm Ni ON SOLDER POST.

SCLDER POSTS SUITABLE FOR P.C.B. HOLES
0,840,065 OR 1,080,1 DIA.

A 8 HOLES SUITABLE FOR KEYING PIN PN. 215816-1.
AKEYING HOLES TO BE DRILLED BY CUSTOMER.
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