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/N PACK IN ACCORDANCE WITH AMP SPEC 107-3275
/2\ 100 TRAY PACK IN ACCORDANCE WITH AMP SPEC 107-3275
/3\ Au PLATING
/A Ni PLATING
/2\ THIS ITEM MUST BE WHITE
6 ELECTRICAL CHARACTERISTICS
FREQUENCY RANGE: DC — 1 GHz
NOMINAL IMPEDANCE: 50 Ohm
INSULATION RESISTANCE: 5000 MOhm
WORKING VOLTAGE: 500 Volts RMS at Sea Level @ @ @@
DIELECTRIC WITHSTAND VOLTAGE: ~ 1500 Volts RMS Max
CONTACT RESISTANCE:
CENTRE CONTACT: 1.50 mOhm Max
OUTER CONTACT: 0.20 mOhm Max
VSWR @ xGHz: TBA
INSERTION LOSS xdb: TBA <N
7 MECHANICAL CHARATERISTICS A
COUPLING RETENTION FORCE: 445N S
CABLE RETENETION FORCE: N/A = //‘\\\ ARy
DURABILITY: 500 Cycles Min NN
Y uNj /’///’//
8 ENVIRONMENTAL CHARACTERISTICS o
OPERATING TEMPERATURE: —65 to +165 DegC H - g A A
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1 | 1 |BRASS /A [caP 10
1| 1 [1/2w-500HM RESISTOR 9
1 1 | BRASS /A [BoDY 8
1 1 | BRASS /A [WASHER 7
1 | 1 [SPRING STEEL SPRING 6
1 1 |BRASS /A |RETAINING RING | 5
1 1 |SILICONE RUBBER A\ |GASKET 4
1 | 1 |BRASS /3\ |CONTACT 3
1] 1 |pTFE INSULATION 2
1 | 1 [BRASS /A [SHELL 1
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5 bLe L SRO50CT SPeC BNC PLUG TERMINATION 50 OHM +/— 1.0%
1 PLC + - -
{EEE}ME;;EEEE}'Z PLC + B
3 PLC + — APPLICATION SPEC
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