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1. PARTS COMPLY WITH AMP SOLDERABILITY SPECIFICATION 109—11-5.
| /N CIRCUIT IDENTIFICATION CHARACTERS ARE ADJACENT
— N < TO THE INDICATED CAVITIES,BUT LOCATION AND
ORIENTATION MAY BE DIFFER FROM PRINT.
/3 OPTIONAL CONSTRUCTION MAY DELETE THIS RIB.
D | L L L L 4 FLAMMABILITY V2 FOR THICKNESS 0.38mm, 1.5mm, gnd 3.0mm
PER IEC 60695—11—10.
26.67 5  GLOW—WIRE FLAMMABILITY (GWFI) 800°C FOR THICKNESS 0.38mm
AND 0.75mm PER IEC 60695—2—12.
6  GLOW—WIRE FLAMMABILITY (GWFI) 960°C FOR THICKNESS 1.5mm
AND 3.0mm PER IEC 60695—2—12.
7 GLOW—WIRE IGNITION (GWIT) 825°C FOR THICKNESS 0.38mm,
0.75mm, 1.5mm AND 3.0mm PER IEC 60695—2—13,
s ey 8  DIMENSIONS SHOWN REPRESENT PRODUCT IN DRY CONDITION.,
— : - ADDITIONAL 2% GROWTH DUE TO END USE LOCATION MOISTURE
ABSORPTION MAY OCCUR AND SHOULDE BE ACCOUNTED FOR.
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