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1. PART NUMBER CHANGES AND OR DESIGN CHANGES AFFECTING
ITEM INTERCHANGEABILITY REQUIRE PRIOR TYCO ELECTRONICS APPROVAL
AND AUTHORIZATION BY REVISION TO THIS DRAWING.

2. MATERIALS:

INSULATORS: THERMOPLASTIC, GLASS REINFORCED, COLOR BLACK.
UL94V-0 FLAMMABILITY RATED.
SIGNAL CONTACTS: BRASS ALLOY.
POWER CONTACTS: COPPER ALLOY.
3. FINISHES:

CONTACT PLATING:

TERMINALS:
TIN PLATE 254um MIN THK OVER NICKEL 1.27uM MIN THK,

4, ITEMS PROVIDED TO THIS SPECIFICATION TO BE PERMANENTLY
IDENTIFIED PER THE FOLLOWING IDENTIFIER.
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