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HOUSING MATERIAL: POLYPHENYLENE SULFIDE, GST—40F, PER MIL—M—24519.
CONTACT MATERIAL: BRASS

FINISH: 000030 GCOLD OVER .000050 NICKEL IN CONTACT AREA.
FINISH:.000100 TIN LEAD OVER .000050 NICKEL.

LETTERS INDICATING OUTSIDE ROWS AND NUMBERS INDICATING END
CAVITIES MARKED THIS SURFACE.

NUMBERS [INDICATING EVERY FIVE CAVITIES MARKED ON BOTH SIDES.
LINES INDICATING EVERY FIVE CAVITIES MARKED ON MATING FACE.
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