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P LTR DESCRIPTION DATE DWN APVD
ANTI SOLDER WICKING TAB R REVISED PER ECO-21-006874 29sEP2021| RK | M/
|
1 FITS SOCKET HOUSING 640520.
D M M
7 ASSEMBLY CONFORMS TO AMP SOLDERABILITY
} 5304+ .010 . SPEC. 109—11-34.
A FOR USE WITH .063 THICK P.C. BOARD.
~—— 455 —=—
A CONTACT IS PLATED OVERALL WITH.000050
— | : S NICKEL, THEN .000030 GOLD OVER CONTACT
0 OAMDO M LENGTH INDICATED AND .000150 MATTE TIN—LEAD
o o | ON SOLDER TAIL END.
— — Y a
O O O ( B o A A UL AND CSA LOGO LOCATED ON THIS SURFACE.
O O i .620 | @%} <$> | /6\ FOR USE WITH .120 THICK P.C. BOARD.
O O O { = = = ﬁ FOR USE WITH .093 THICK P.C. BOARD.
O O \ J
- 0 0 0 f = CONTACT IS PLATED OVERALL WITH.000050
.020 || @ NICKEL, THEN .000030 GOLD OVER CONTACT
T [ 1 | l — LENGTH INDICATED AND .000150 MATTE TIN
ON SOLDER TAIL END.
A HOUSING MATERIAL: PA66, BLACK, UL 94 V-0 RATED
CONTACT MATERIAL: PHOSPHOR BRONZE
— POINT OF MEASUREMENT
OO fﬂo
o 165 R ]
TYP O ﬁ ﬁ *
< % 220
®.055+.003 ‘ \\/ % \//
165 | TYP 5| @.010M B ] ] i
65 PLC J
. 030 :
RECOMMENDED P.C. BOARD LAYOUT : @ ‘ v
t .015MAX
0445 _
5943 = CUT—OFF TAB
OBSOLETE 180 A GOLD A 9 640500—6—
210 A GOLD A 2—640500—4
150 ég GOLD A 2-640500—2
.180 A GOLD Q 640500—6
.180 A PRE-TIN 640500-5
210 A GOLD Q 640500—4
210 A PRE-TIN 640500-3
150 é& GOLD LA 640500—2
.150 & PRE-TIN 640500—1
Loroo PIN FINISH PART NUMBER
010 0.25 055 1.40 210 533 THIS DRAWING IS A CONTROLLED DOCUMENT. DWJN HUFFMAN 2BAPR9S pr—
: - TE Connectivity
A 008 0.20 045 1.09 180 4.5/ _ — DIMENSIONS: TOLERANCES UNLESS CHé' SWING o -TE
005 0.13 037 0.94 165 419 620 15.75 OTFERWIE SPECFIED: |00 geppiok ormee | LEADER ASSEMBLY. PIN
003 0.08 030 0.76 150 3.87 530 13.46 oRC & - FrOSLeT e & POSTION. MR.
000050 | 0.00127 | .020 0.51 110 2.79 455 11.56 @gggtg £ - _
.000030 | 0.00076 015 0.38 063 1.60 220 5.59 ere Y T e — SIZE || CAGE CODE | DRAWING NO RESTRICTED TO
N VM N MM N MM N MM MATERIAL FINISH s WEIGHT o Az 00779 @':'640500 .
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