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© copvrichT BY TYCO ELECTRONICS CORPORATION. ALL RIGHTS RESERVED. GP 100 5T TR SESCRIBTION SATE ST APVD
B | Rev PER ECO-08-016284 11Juvos | RG | PD
D
MAX. CURRENT | MAX. CURRENT
PIN/BLADE CONTACT | VOLTAGE
CONNECTOR # TAIL POSITION SIZE PER %EII_NTACT PER F{’EJ?QITIUN PITCH RATINGX
C 1. PART NUMBER CHANGES AND OR DESIGN CHANGES AFFECTING SIGNAL 10-33 064 SQ 2 AMPERES 1 AMPERE 2,50 [0981 | 60 VOLTS
ITEM INTERCHANGEABILITY REQUIRE PRIOR TYCO ELECTRONICS APPROVAL 53 5.6
AND AUTHORIZATION BY REVISION TO THIS DRAWING. - #10 5-9 185 X 700 | 60 AMPERES 40 AMPERES g pasey |2 VAT
2. MATERIALS: #10 34-35, 35-36| 125 X 7.00 45 AMPERES 30 AMPERES 250 VOLTS
INSULATORS: THERMOPLASTIC, GLASS REINFORCED, COLOR BLACK, 1-2 3-4 4-5
UL94V-0 FLAMMABILITY RATED. #10 6)—7 7)—8 125 X 7.00 45 AMPERES 28 AMPERES 4,50 [177] COMMON
SIGNAL PIN SOLDER CONTACTS: BRASS ALLOY.
POWER BLADE CONTACTS: COPPER ALLOY,
3. FINISHES:
PLATING: CONTACTS: SELECTIVE GOLD 0.76um MIN THK,
OVER NICKEL 1.27um MIN THK,
TERMINALS: TIN PLATE 3.05um MIN THK, OVER NICKEL 1.27um MIN THK,
AITEMS PROVIDED TO THIS SPECIFICATION TO BE PERMANENTLY
B IDENTIFIED PER THE FOLLOWING IDENTIFIER LABEL:
YEAR—'_L“J_I— WEEK
TYCO ELECTRONICS P/N DATE CODE (e.g. 01235
XXX XXX X=X XXXX
AS SHOWN 66438531
DESCRIPTION PART NUMBER
THIS DRAWING IS A CONTROLLED DOCUMENT. PR (ooupouay 20 -‘ETyco Tyco Electronics Corporation
CHK 19MAYDS P Harrisburg, PA 17105-3608
DIMENSIONS: TOLERANCES UNLESS S.FLICKINGER EIeCtronlcs
OTHERWISE SPECIFIED: APéDFUCK\NGER 19MAYDB | NAME
R L TGRS CONNECTOR ASSEMBLY, PIN
A 1 PLC + .5 [.020] RIGHT ANGLE WITH SOLDER TAILS
@g 2 PLC + .25 [.010]
3 PLC + APPLICATION SPEC
4 PLC + SIZE CAGE CODE | DRAWING NO RESTRICTED TO
ANGLES +.5
MATERIAL FINISH WEIGHT AB 00779 @:.6645855
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RECOMMENDED PC LAYOUT O FlickINGER | e Electronics Harrisburg, PA 17105-3608
DIMENSIONS: TOLERANCES UNLESS -
VIEWED FROM PCB TOP SIDE OTHERWISE SPECIFIED: [PV TOMAYDS | NAVE
mm Do . LLICKINGER CONNECTOR ASSEMBLY, PIN
A 1 PLC ;; [.020] o RIGHT ANGLE WITH SOLDER TAILS
@E 2 PLC + .25 [.010] _
3 PLC + — APPLICATION SPEC
4 PLC + - SIZE CAGE CODE | DRAWING NO RESTRICTED TO
ANGLES + 5 —
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SOLDER PIN DETAIL SOLDER TERMINATION AREA
SCALE: 10 ' 1 RECOMMENDED PRINTED CIRCUIT HOLE
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CHK 19MAY06 . -
Electronics Harrisburg, PA 17105-3608
DIMENSIONS: TOLERANCES UNLESS S.FLICKINGER
OTHERWISE SPECIFIED: APéDFUCK\NGER TOMAY06 | NAME
mm .
a PLC L SRODUCT SPEC CONNECTOR ASSEMBLY, PIN
A 1 PLC + .5 [.020] o RIGHT ANGLE WITH SOLDER TAILS
<$> E 2 PLC + .25 [.010] _
3 PLC + - APPLICATION SPEC
4 PLC + - SIZE | CAGE CODE | DRAWING NO RESTRICTED TO
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