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25.15 [.990] 6—147335-0
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SO+ T A 24.13 [.950] 5-147335—6
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22.10 [.870] 4—147335-8
21.84 [.860] 4—147335—7
i/i 21.59 [.850] 4—147335-6
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|_ 20.07 [.790] 4—147335-0
|| |18 [.780] 3—147335—9
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18.28 [.720] 3—147335-3
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O 17.78 [.700] 3—147335—1
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| / j \ THE NOTCHED EDGES AND POST TIPS WILL NOT BE PLATED. {l 17.27 [.680] 2-147335-9
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501 13.21 [.520] 1—-147335—3
12.95 [.510] 1-147335—2
12.70 [.500] 1—147335—1
12.45 [.490] 1-147335-0
12.19 [.480] 1473359
11.94 [.470] 147335-8
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11.43 [.450] 147335—6
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