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1. WIRE RANGE:
| CONDUCTOR: 0.4-1.0mm2. C - C |
| INSULATION: @ 3.3mm. MAX. |
Zﬂggg 2. RECEPTACLE TO SUIT ¢2.36mm PIN TERMINAL.
| Eéﬁﬁﬁg 3. 'UTILUX' OR 'AMP’' LOGO STAMPED AS REQUIRED.” |
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