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O2 REVISED PER ECO-09-027788 05JAN2010 SS CR

A PART STATUS UPDATED 07JUL2021 SB SS

A1 NEW PART 1-1776134-6 IS ADDED 22SEP2023 SP PS
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1776134-228.03.4BULK

1776134-3311.53.4BULK

1776134-4415.03.4BULK

1776134-5518.53.4BULK

1776134-6622.03.4BULK

1776134-7725.53.4BULK

1776134-8829.03.4BULK

1776134-9932.53.4BULK

1-1776134-01036.03.4BULK

1-1776134-11139.53.4BULK

1-1776134-21243.03.4BULK

1-1776134-3311.52.6TAPE & REEL

1-1776134-5518.52.6TAPE & REEL

1-1776134-6622.03.4TAPE & REEL

NOTES:

. MATERIAL AND FINISH :
      HOUSING : HIGH TEMPERATURE POLYAMIDE UL94 V0 
      HOUSING COLOR : BLACK 
      TERMINAL : COPPER ALLOY ,TIN PLATED OVER NICKEL UNDERPLATED.

 2.  ELECTRICAL PROPERTIES:
      RATED VOLTAGE: 300V
      RATED CURRENT: 11A
      CONTACT RESISTANCE : <15 m Ohm
      INSULATION RESISTANCE : >1000 M Ohm (500V DC)

. NOT CUMULATIVE TOLERANCE

 4.  MECHANICAL PROPERTIES:
      RECOMENDED PCB THICKNESS : 1.6mm-2.4mm
      WIRE STRIPPING LENGTH          : 6mm

 5.  OPERATING TEMPERATURE RANGE :-40�$�C TO +105�$�C.

. OBSOLETE

 7.  PACKAGING:BULK PACKING AS PER 107-160052

 8.  PACKAGING:T & R PACKING AS PER 107-160194

RECOMMENDED PC BOARD LAYOUT
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