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PART NO.CATALOG NO.

1974127-1CSBS-2/0-500-CPR

PARTS LISTQTY

ITEM
NODESCRIPTION-1

1
CONNECTOR SLEEVE BODY, COPPER,
2/0 AWG - 500 KCMIL CPR

1

2INSERT, COPPER, 2/0 AWG - 500 KCMIL CPR2

3CONTACT GREASE, NEUTRALA/R

4MULTI-SHEAR BOLT, BRASS, M16, 17 mm A/F4

5ABRASIVE TAPE1

6INSTALLATION INSTRUCTION SHEET, 408-103271

ACCOMMODATES:
2/0 AWG COMPACT STR (�n�9.55 [.376 DIA])
TO 500 KCMIL COMPRESSED STR
(�n�20.04 [.789 DIA])
COPPER CONDUCTORS.
 
MARKINGS:
     
 
     CSBS-2/0-500-CPR
     [DATE CODE]
     MADE IN [COUNTRY OF ORIGIN]
 
INSERT SHALL BE REMOVED FOR
CONDUCTOR SIZES LARGER THAN
AND EQUAL TO 350 KCMIL CPR
(�n�16.79 [.661 DIA]).
 
ALL DIMENSIONS ARE FOR
REFERENCE ONLY.
 
INSTALL BOLTS WITH 11/16 INCH HEX.
SOCKET.

1.

3.

4.

5.

TABLE

3

1

2

4

SECTION  A-A

2

2


	Sheet 1
	Views
	main_view
	right_6
	new_view_7



