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MATERTALS AND FINISH:

HOUSING: PA 6-6, UL 94-VO, COLOR:GREEN
TERMINAL: PHOSPHOR BRON/ZE, TIN PLATED.
MECHANTICAL CHARACTERISTICS:

RECOMMENDED PCB THICKNESS: 1.6MM - 2. 4MM
PCB HOLE DIAMETER MIN 1. 4MMC. 055 IN)
OPERATING TEMPERATURE RANGE: - 40°C TO 110°C

FLECTRICAL CHARACTERISTICS:

RATED VOLTAGE:
RATED CURRENT:

300 V

1 5A

Zﬁl NOT CUMULATIVE TOLERANCE.

(-40°F TO 230°F)

mm[ INCHES]
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“TERMINAL BLOCK HEADER ASSEMBLY,

/10 DEGREE, WITH FLANGE, 5.00mm PITCH

VAN

0 PLC +-
1 PLC +0.?2 B
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