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CONTACT
NAME

WIRE SIZE 
RANGE

(mm
2
)

DIAMETER OF
INSULATION

(mm)

TERMINAL
PART NUMBER

SING WIRE
SEAL

CAVITY PLUG
USED

CIRCUIT NO.

MQS
0.35~0.5 968220(2005119) N/A

1897421-2
 ALL OF 
0.63TAB0.5~0.75 968221(2005120) N/A

MQS 1.5
0.5 1452158 N/A

1897422-1
ALL OF
1.5TAB0.75~1.5 1241608 N/A

MCP 2.8

0.5~1.0 968855 828904-1
828922-1

1,2,5,6,
9,101.5~2.5 968857 828905-1

2.0~2.5 968857
828985-1 828986-1

 3,4,7,8,
11,123.0 968859

8 BLACK PA66-GF13 SEAL HOLDER HSG 1

7 RED-BROWN SLICONE FAMILY SEAL 1

6 BROWN PA66-GF13 REC. HSG COD. B 1

5 BLACK PA66-GF13 REC. HSG COD. A 1

4 BLACK PA66-GF30 SLIDE 1

3 BLACK PBT+ASA-GF20 CAVITY BLOCK 1

2 NATURAL SILICONE SEALING 1

1 BLACK PBT+ASA-GF20 CARRIER HOUSING 1
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Notes
 
1. SUITABLE RETAINERS: 2005216, 2005222
2. SUITABLE CONTACTS : SEE TABLE 
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MCP 2.8 TERMINAL(6X)
IN THIS AREA

WIRE SIZE RANGE 2.0~3.0mm
2

(INSULATION 2.6~3.7mm)

MCP 2.8 TERMINAL(6X)
IN THIS AREA

WIRE SIZE RANGE 0.5~2.5mm
2

(INSULATION 1.4~3.0mm)
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