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CONTACT 2.8mm MCP TERMINAL APPLICATION SPEC.

P/N 1-968880-1 1-968849-1 1-968851-1
114-18148WIRE SIZE

(mm2)
0.35~0.5 0.5 ~ 1.0 >1.0 ~ 2.5

CONTACT 1.2mm MCON TERMINAL APPLICATION SPEC.

P/N 1452653-1 1452656-1 1452659-1
114-18464WIRE SIZE

(mm2)
0.35 0.5~0.75 1.0

NOTES ;
1. GENERAL TOLERANCE : �#�0.3mm, �#�3�$�
 
 . RETAINER IS PRE-LOCKING
 
3. MATING CAP ASS'Y : X-2109455-X
 
4. APPLICABLE TERMINAL : SEE TABLE 1
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