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C

N SMPM CABLE JACK CABLE MARKER PER

TE P/N 1996390— AMS—DTL—23053 /5
B

/I PART NUMBER, DATE CODE AND "TE” MARKED ON CABLE

MARKER.

/2 LENGTH TOLERANCE + 0.5% + .10 IN. MINIMUM.

3. VSWR: 1.3:1 MAX, DC — 12 GHz
A

FLEX 405 CABLE

SMA PLUG ASSY 30.00 3-2221288-0
28.00 2—-2221288-8
27.00 2—2221288-7
26.00 2—-2221288-6
25.00 2—-2221288-5
17.00 1-2221288-7
16.00 1-2221288-6
15.00 1-2221288-5
13.00 1-2221288-3
12.00 1-2221288-2
11.00 1-2221288-1
10.00 1-2221288-0|
9.00 2221288-9
8.00 2221288-8
7.00 22212887
6.00 22212886
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