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zil HOUS ING HAS RAST 5 COMPLIANT KEYING, LATCHING, AND POLARIZATION.
TAB IS 6.3 x 0.8, HOWEVER, THE LOCATION OF THE
TAB HOLE DOES NOT MEET DIN 46244,

8x0. 30 > RECOMMENDED MATING CONNECTOR FAMILIES INCLUDE
AL0. 30 6. 30 POSITIVE-LOCK RAST 5. STANDARD TIMER RAST 5. MULTIFITTING,
MULTIFITTING MKI 1. AND MONO-SHAPE TAB CONNECTORS.
500 ]
Tvp [ = 3. SEE SHEET 283 FOR AVAILABLE CONFIGURATIONS
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U U U ‘ /A DIMENSION OFF OF LAST POSITION REGARDLESS OF EVEN
TT FT (7 | o OR ODD POSITION CONNECTOR.
— B =4 ‘
[ /5\ MATERIAL: HOUSING. NYLON. UL 94V-0.
] %7 CONTACT, BRASS, 0.8mm THICK.
* /éﬂau /N FINISH: CONTACTS, T LATING OVER NICKEL UNDERPLATING

N P
[LVER PLATING OVER NICKEL UNDERPLATING.
I e T, 7 7 /\ PCB TABS INSERTED IN A STAGGERED PATTERN BEGINNING WITH
| 3.70 5.00 POSITION |,
TYP
A SECTION

7 -7 8. THE PART NUMBERS SHOWED [N SHEET 28384 ARE FOR NATURAL COLOR.
THE PART NUMBERS FOR OTHER COLORS ARE BASED ON THE NATURAL ONE:
FOR THE SAME CONF IGURATION, THE PREFIX AND POSTFIX OF THE P/N ARE THE SAME,
ONLY THE BASE NUMBER IS DIFFERENT ACCORDING TO DIFFERENT COLOR.
THE DETAILES SEE SHEET 5.

9. PACKAGING:LOOSE PIECE OR TUBE. THE PART NUMBERS IN THIS DRAWING ARE WITH
LOOSE PICE PACKAGING. PLEASE CONTACT TE SALES REPRESENTATIVES FOR TUBE
PACKAGING REQUIREMENT.

0. PRODUCT COMPLY WITH GLOW WIRE REQUIREMENTS FOR PARTS OF
NON-METALLIC MATERITAL SUPPORTING A CURRENT-CARRYING CONNECTION
4% E% 23 ﬂ DETAILED IN TEC 60335-1, SECTION 30 (GWT).

ASx T00L MARK ON TERMINAL SURFACE IS ACCEPTABLE WRHICH DOES NOT IMPACT FUNCTION

BT H T A L . . | Imtmimial
I\ > el
3.695
LR POLARIZATION
KEYING
LATCH WINDOW
A\ 2. o0 G2 504+0.05
TE§+$§B POSTTION /2 HOLE FOR POLARIZING PEG
@W.35i0.05 ///
A 1.35+0.05TYP.
A Q} QSO O8<> A \\\/// THESE TAB TERMINALS ARE SELECTIVE
: THE DETAILS SEE SHEET 384
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PCB LAYOUT-COMPONENT SIDE THIS DRAWING IS A CONTROLLED DOCUMENT. DWSANIEL ZHANOGZAUGZOB - o
PCB 1S 1.5040.20 THICK oL 062013 =TE ooty
DIMENS TONS OTHERNISE SPECTFIED: APVD 02AUG2013 |NAME
mm YUHONG MAO ASSEMBLY,POSTITIVE LOCK
0o T PROPHCT SPEe RAST 5,HEADER
@Egﬁtg +0.25 APPJIS/?T;QNOESEEO VERTICAL,SELECTIVE TAB TERMINALS
4 PLC +- SIZE CAGE CODE |DRAWING NO RESTRICTED TO
ANGLES +- -
MATERTAL A FINISH ] WETGHT - A W 00779@5223261 | _
B CUS*Omer Dr(}Wing SCALE 4} SHEET OFA REVBW
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SEE SHEET 1
. ST 3 3 T4 3¢ 34 T ; P EEEr CATURAL | TN PLATED 1,3 2-3 lc,1d,2¢,3d 2b, 3b 3 1-2232612-3
SUATED 3 T T 34 o : 6143 1,3 1-2 I, 3d 3b 3 2232612-3
FINISH LOADED TAB LATCH NO. OF
FINISH LOADED TAB LATCH NO. OF COLOR KEYING POLARIZATION PART NUMBER
COLOR Tap et S TTIONS WIS KEYING POLARIZATION . PART NUMBER TAB POST POSTTIONS WINDOWS POS .

1,4,5,6,7,8 1-2,7-8 24, 3¢, 64, Ic : 8 2232613-8 4,2,6, 1,8 -2, 7-8 cd, 3¢, 6d, I¢ - 8 ce3e6ll-8

la,2a,4a,4b, , .

|35 7 12 4-5 6-1 3¢ 54 6c T g, 20, da, db, ; 22239613~ 1,3,5,1 1-2,4-5,6-7 3¢,5d,6¢,7d 5 6 66 To 7 1-2232611-7

1,2,4,5,6,1 1-2,6-1 3d, 14 5b 7 2232613-1 2, 4,0,6, 1 l-2,6-7 3d, 7¢ 2b / ce32c611-7

1,3,5,6 1-2,4-5 3¢, 6d E 6 2232613-6 1,3,9,6 l-2,4-5 3¢, 60 b 6 ce3c611-6
1,2,4,5 1-2,3-4 lc,2d,3c,5d la, 5b 5 3-2232613-5 12,4, 1-2,3-4 lc,2d, 3¢, >d la, ob S 3-ce3ebll->
1,3,5 2-3 34d, 4c la, 5b 5 2-2232613-5 13,0 -3 3d, 4c la, ob S c-cedebll->
1,2,4,5 1-2,3-4 24, 54 2b 5 1-2232613-5 2,4, 1-2,3-4 2d, >d 2b S 1-2232611-9

1,3,4,5 1-2,4-5 2d 2b 5 2232613-5 3.4, l-2,4-5 2d 2b > ce32611->

— : TIN , - , .
NATURAL | SILVER W =2 3-4 S 44 O i 55375134 . 1,2, 4 1-2,3-4 3¢, 4d b 4 1-2232611-4
CLATED 1,3,4 1-2,3-4 3¢, 4d E 4 2232613-4 WATURAL 3,4 -2, 3-4 3¢, 4d o 4 cesebll-4
1,3 2-3 - - 3 9-2232613-3 3 o - - & Joeeseblizs
1,3 2-3 1d, 3d 20 3 8-2232613-3 3 e ld, 3d co 5 8-2232611-3
1,3 -2 I, 3¢ 3b 3 7-2232613-3 3 -2 le, 3¢ 3b 3 Jreedebll-3
1,3 -2 lc, 20 b, 2b 3 6-2232613-3 L3 -2 le, 2d lb, 2b 3 6-ce32611-3
1,3 -2 ¢ la, 30 3 5-2232613-3 3 -z e la, 30 3 >rcesebll-3
1,3 2-3 1¢, 30 3b 3 4-2232613-3 3 o3 lc, 3¢ Sh 5 4-2c32611-3
1,3 2-3 1d, 30 3b 3 3-2232613-3 3 e ld, 3¢ 5b 5 3-2¢32611-3
1,3 -2 3¢ E 3 2-2232613-3 3 -7 Sc Lo & c-ec3zbll-3
1,3 2-3 1d, 2¢ 2b, 3b 3 1-2232613-3 3 o3 ld, 2¢ ch, 3b & 1-2232611-3

1,3 -2 lc,24d 1o 3 2232613-3 3 l-¢ lc,ed lb 3 c232611-3

FINISH LOADED TAB LATCH NO. OF
FINISH LOADED TAB LATCH NO. OF COLOR KEYING POLARTZATION PART NUMBER
COLOR g ot ST T ONS HTNDOWS KEYING POLARIZATION . PART NUMBER TAB POST POSTTIONS WINDOWS POS |
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SEE SHEET 1
% %
%a :><ii gifﬁ; :><i \:§§i %a :>X<i Q:Eﬁ; Z///J :>X<i gigﬁ; Z///J ff::> :>Kii ;::353 :>Kii j%::> QEEE> %a
7 < 7] X 7 X = = > = 5 5 ] 7 T
223261 1-3 2232612-3 cc3c6ll-4 codeblley cescolleb 2232611 -7 2232611-8
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6-2232611-3 g POLARIZATION
6-2232613-3
'b POLARIZATION
% %//
7 <| O Z> ;33
7-2232611-3
7-2232613-3
S ¢ KEYING
>< \:% 'd KEY NG 2-3 LATCH WINDOW
NOTES :
=4 | "X" MEANS "NO TAB TERMINAL LOADED".
8-22326 1|3 2 "NUMBER(I1~9)" MEANS "TAB TERMINAL LOADED".
8-2232613-3
"I CTORTAL VIEW KoY
>< 3 THIS DRAWING IS A CONTROLLED DOCUMENT. |OWN 02AUG20713
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SEE SHEET 1
NOTES:
| FOR TAB HEADER COLOR CHOICE, THERE ARE EIGHT COLORS AVAILABLE, BESIDES THE NATURAL COLOR, THERE ARE OTHER SEVEN COLORS, [INCLUDE: YELLOW,
BLUE, GREY, PURPLE, RED, GREEN, BLACK. THE P/N OF THE COLOR TAB HEADER ARE BASED ON THE NATURAL TAB HEADER, THE PREFIX AND POSTFIX ARE THE SAME .
2 MORE INFORMATION SEE COMMENTS IN RIGHT COLUMN OF BELOW CHART.
PART NUMBER OF TAB HEADER COMMENTS
COLOR PART NUMBER OF THE HOUSING
WITH TIN PLATED CONTACT |WITH SILVER PLATED CONTACT
NATURAL | *-1971849-% ¥-1971893-% |#-2232611-#| #-2232612-# |#-2232613-#| #-2232614-# |IHe DETAILS OF CONFIGURATION SEE SHEET 384,
) ] ] ] ] ] ] ] ] ] ] ] [F THE PREFIX AND POSTFIX NUMBERS OF DIFFERENT COLOR
* * 3 *
RED 1971947 1971944 #-2232615-#| #-2232616-# |#-2232617-#| #-2232618-¢ | 0 L PHCEIR AND FORTIFLS NUMAERS OF DLl sRC Lot s Ty
BLUE #-1971950-% | *-1971952-% |#-2232619-#| #-2232620-#% |#-2232621-#| #-2232622-# |ARL AN SAME COLUMN, 5O [HELT SHOULD HAVE THE SAME CONFIGURATION:
SAME KEYING. POLARIZATION AND LATCH WINDOW.
* - - % * - - * - - - - - - - -
YELLOW 2232017 2232014 H-2232623-#| #-2232624-% | #-2232625-%| #-2232626-% |_ . o ooisoooel Liioto 0 <aME COLOR AR ONLY DlfrERENCE
3LACK ¥-2232004-+% ¥-2232006-% |#-2232627-%| #-2232628-# |#-2232629-#| #-2232630-%# |15 CONFIGURATION (KEYING, POLARIZATION AND LATCH WINDOW).
GREY ¥-2232020-+% $-2232022-% |#-2232631-#| #-2232632-# |#-2232633-#| #-2232634-4 |IHE RELATED HOUSING PART NUMBERS OF DIFFERENT COLOR TABE HEADER
ARE ALSO BASED ON NATURAL HOUSING, ONLY THE BASE NUMBER IS DIFFERENT,
GREEN $-1971958-+% $-1071960-% |#-2232635-#| #-2232636-# |#-2232637-#| #-2232638-# |IHt DETALILS StE BOM IN SHEET 2,384,
PURPLE ¥-2232028-% ¥-2232030-% |#-2232639-#| #-2232640-4# |#-2232641-#| #-2232642-% |IHE "x7 AND "#° CAN Bt THE NUMBER FROM 0 TO 9.
WHITE ¥-2232293-+% ¥-2232295-% | #-2232643-%| #-2232644-4% |#-2232645-#| #-2232646-4%
**PART NUMBERS OF NATURAL COLOR TAB HEADER WITH TIN PLATED:
PREFXJ/// J/////iOSTFX////] PREFXQ/// 4/////iOSTFXQ///z
BASE NUMBER BASE NUMBER
**PART NUMBERS OF NATURAL COLOR TAB HEADER WITH SILVER PLATED:
PREF | Xj / j
POSTF I'X
PREFTX POSTF | ¥—
BASE NUMBER
BASE NUMBER
THIS DRAWING IS A CONTROLLED DOCUMENT. DWSANIEL ZHANOGZAUGZOB -
DIMENSIONS: TOLERANCES UNLESS CHSANIEL ZHANOGZAUGEOWS —— TE TE Connec*‘v‘*y
: OTHERWISE SPECIFIED: APVD 02AUG2013 | NAME
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