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MIN 22.5 MIN 22.5

REF 82.25

REF 42.8

2X REF 15.7REF 44.05

REF 35.85

0-1452503-3

SILVER PLATED

1.0~1.5

MAT SEAL MCON1.2

0-1670144-3 0.5~0.75

0-1534594-3 0.35

0-1452503-2

GOLD PLATED

1.0~1.5

0-1670144-2 0.5~0.75

0-1534594-2 0.35

0-1452503-1

PRE-TIN PLATED

1.0~1.5

0-1670144-1 0.5~0.75

0-1534594-1 0.35

1-968857-3

SILVER PLATED 

1.5~2.5 0-828905-1(FOR ISO�n�2.2~3.0)

MCP2.8

1-968855-3 0.5~1.0
0-828904-1(FOR ISO�n�1.2~2.1)

1-968882-3 0.35

1-968857-2

GOLD PLATED 

1.5~2.5 0-828905-1(FOR ISO�n�2.2~3.0)

1-968855-2 0.5~1.0
 0-828904-1(FOR ISO�n�1.2~2.1) 

1-968882-2 0.35

1-968857-1

PRE-TIN PLATED

1.5~2.5 0-828905-1(FOR ISO�n�2.2~3.0)

1-968855-1 0.5~1.0
0-828904-1(FOR ISO�n�1.2~2.1)

1-968882-1 0.35

TERMINAL P/N FINISH WIRE SIZS(MM²) SINGLE WIRE SEAL TYPE

10.3 10.3 B 2

15.7 15.7 A 1

DIM Y DIM X CODE ITEM NO

1 BLACK PA66-GF35 67 Pos Cavity Block Up 180�$� 21

1 BLACK PA66-GF35 67 Pos Cavity Block Up 180�$� 20

1 BLACK PA66-GF35 67 Pos Cavity Block Up 180�$� 19

1 BLACK PA66-GF35 67 Pos Cavity Block Up 180�$� 18

1 BLACK PA66-GF35 67 Pos Cavity Block Up 180�$� 17

1 BLACK PA66-GF35 67 Pos Cavity Block Low 16

1 1 1 BLACK PA6-GF25 96 Pos Slide Right 15

1 1 1 BLACK PA6-GF25 96 Pos Slide Left 14

1 1 1 BLACK PA6-GF35 67 Pos Cavity Block Low 13

1 BLACK PA6-GF35 67 Pos Cavity Block Up 180�$� STRAIGHT 12

1 BLACK PA6-GF35 67 Pos Cavity Block Up 45�$� 11

1 BLACK PA6-GF35 67 Pos Cavity Block Up 180�$� 10

1 BLACK PA66-GF35 67 Pos Cavity Block Up 180° STRAIGHT 9

1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 BLACK PBT-GF20 52 POS Seal Cover 8

1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 BLACK PA66-GF25 96 Pos Slide Left 7

1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 BLACK PA66-GF25 96 Pos Slide Right 6

1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 LIGHT BLUE SILICONE 52 Pos family Seal 5

1 1 1 1 1 1 1 BLACK PA66-GF35 67 Pos Cavity Block Up 45° 4

1 1 1 1 BLACK PA66-GF35 67 Pos Cavity Block Up 180° 3

1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 WHITE SILICONE 96 Pos Peripheral Seal 2

1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 1 BLACK PA66-GF35 67 Pos Cavity Block Low 1
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TRIANGLES ON HOUSING 
SHOWS THE KEYING POLARISATION 
OF THE INSIDE ROWS.

FEMALE TERMINALS LOWER CONTACT ROW 
ORIENTED 180 DEGREE FROM THE UPPER 
CONTACT ROW.

PROVIDE SPACE FOR 
SOCKET HOUSING(WITHOUT COVER)

2278584-1 AS SHOWN

9
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15

14

6

 
1.ASSY USED WITH PARTS:
  HEADER TE P/N:2278594-1
 
2.MATING WITH;
  COVER P/N: 
  2278586-1 FOR 2278584-1,2278584-6,2278584-6
            1-2278584-0,1-2278584-4,1-2278584-5
  2278586-2 FOR 2278584-2;
  2278586-3 FOR 2278584-3;
  SECONDARY LOCK P/N FOR MCP 2.8 :2278827-1; 
  SECONDARY LOCK P/N FOR MCON1.2 :1452409-2;
 
 .TE ASSY NO.
 
 .MATERIAL IDENTIFICATION;
 
 .CONTACT CAVITY IDENTIFICATION;
 
6.UNUSED CAVITIES TO BE SEALED BY THE
  HARNESS MAKER-CORRESPONDING BLINDPLUG 
  P/N AS BELOW;
  BLINDPLUG FOR MCP 2.8: 0-828922-1;
  BLINDPLUG FOR MCON1.2: 1-1452424-1;
 
 .APPROPRIATE PINOUT CONFIGURATION OF THE MAT  
  SEAL COVER ACC.TABLE ON SHEET 3 TO BE PUNCHED
  OUT BEFORE ASSEMBLY PROCESS.
 
 .ASSY DELIVERED WITH SLIDERS IN THE PRE-LOCKED
  POSITION.
 
 .TE LOGO;
 
 .REVISION NUMBER;
 
 .CAVITY NUMBER;
 
 .DATE CODE
 
 .SEALING FUNCTION REQUIRES ONLY FOLLOWING
  WIRE SIZE DIAMETERS FOR THE SIGNAL TERMINALS:
  0.35mm² - 0.75mm² = ISO Ø1.2-1.9 mm .
 
  968882 JUST REFERENCE,SUBJECT TO 1355036 
  DRAWING

10 17 18 19 20 21

INSERT THE MCON 1.2 TERMINALS BEGINNING FROM 
INSIDE(MIDDLE OF THE PART) OUTWARD,STRAIGHT 
INTO THE CONNECTOR.
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SEE SHEET 1

REF 73.66

REF 93.53

REF 76.8

REF 87.95

REF 76.8

REF 88.1

REF 91.72

REF 67.35

REF 73.65
ASSY WITH COVER(P/N:2278586-1) ASSY WITH COVER(P/N:2278586-2)

MATING MATING

UNMATING UNMATING

LEVER MOVEMENT

LEVER MOVEMENT
LEVER MOVEMENT

LEVER MOVEMENT

SEE SHEET1

2278584-2 AS SHOWN

LEVER MOVE LINE LEVER MOVE LINE
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SEE SHEET 1

TE PART 
NUMBER

TOTAL 
OPEN

TOTAL 
BLOCKED

CHARTED BLOCKED CAVITY CONFIGURATIONS WITHOUT A CAVITY NUMBER LISTED INDICATE OPEN TERMINAL POSITIONS

CHARTED BLOCKED CAVITY CONFIGURATIONS WITH A CAVITY NUMBER LISTED INDICATE BLOCKED TERMINAL POSITIONS

1 2 3 4 5 6 7 8 9 10 11 12 13 14 15 16 17 18 19 20 21 22 23 24 25 26 27 28 29 30 31 32 33 34 35 36 37 38 39 40 41 42 43 44 45 46 47 48 49 50 51 52 53 54 55 56 57 58 59 60 61 62 63 64 65 66 67

2278584-1 67 0

2278584-2 67 0

2278584-3 67 0

1-2278584-1 67 0

1-2278584-2 67 0

1-2278584-3 67 0

3-2278584-1 28 39 16 17 18 20 21 24 25 26 27 28 29 31 32 33 34 35 37 38 39 40 41 42 43 44 46 47 48 50 51 52 53 54 59 60 61 63 64 65 67

2-2278584-2 46 21 16 18 21 22 23 27 28 29 30 31 35 37 40 42 50 53 55 56 60 66 67

3-2278584-2 45 22 16 17 18 19 20 26 27 32 34 35 43 44 46 47 50 51 52 53 54 55 56 67

4-2278584-2 48 19 16 18 21 22 27 28 29 30 31 35 37 40 43 53 55 56 60 66 67

2278584-4 46 21 17 18 19 20 21 22 23 24 25 26 27 34 35 36 37 38 39 40 60 61 63

5-2278584-1 67 0

2278584-5 23 44 16 17 18 19 20 21 22 23 24 25 26 27 28 29 30 31 32 33 34 35 36 37 38 39 40 41 42 43 44 45 46 47 48 49 50 51 52 53 54 60 61 62 65 66

2278584-6 25 42 16 17 18 19 20 21 22 23 24 25 26 27 28 29 30 31 32 33 34 35 36 37 38 39 40 41 42 43 44 45 46 47 48 49 50 51 52 53 54 60 65 66

2278584-7 31 36 16 17 19 23 24 26 27 28 30 33 34 36 37 38 40 41 45 46 47 48 49 50 51 52 53 54 56 59 60 61 62 63 64 65 66 67

2278584-8 31 36 17 19 20 21 22 23 24 25 26 27 28 32 33 34 35 36 37 38 39 40 41 43 47 48 49 50 51 54 55 56 58 62 63 65 66 67

2278584-9 37 30 17 20 23 24 26 27 32 33 34 35 36 37 38 39 40 41 43 46 47 49 50 51 53 54 56 59 63 65 66 67

1-2278584-0 27 40 17 18 19 20 21 22 23 24 25 26 27 30 31 32 33 34 35 36 37 38 39 40 43 44 45 46 47 48 49 50 51 56 57 58 59 60 61 62 63 64

1-2278584-4 35 32 17 18 19 20 21 22 23 24 25 26 27 38 39 40 43 44 45 46 47 48 49 50 51 56 57 58 59 60 61 62 63 64

1-2278584-5 53 14 16 17 28 31 32 33 39 43 44 45 46 47
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