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PHOSPHOR BRONZE .
- COPPER ALLOY.
- CONDUCTIVE ELASTOMER. CALTERNATIVE FROM TWO SUPPLIERS.)

2. CONTACT FINISH:
CONFORMS TO THE REQUIREMENTS OF TYCO ELECTRONICS PRODUCT

SPECIFICATION

108-32065,

UL 94V-0 RATED.

(CONTROLLED ENVIRONMENT APPLICATIONS) ON
MATTE TIN ON COMPLTIANT PINS.

3. PCB THICKNESS

.57 MINIMUM.

BASED ON ETA/ECA-364-1000.0TA,

MATING INTERFACES.

Zﬁl FOR HOLE SIZE AND PLATINGS, SEE APPLICATION SPEC 114-32114.

Zﬁl CROSS HATCHED AREA INDICATES REQUIRED CONDUCTIVE AREA ON
NO COMPONENTS OR TOP SIDE SURFACE TRACES
IN THIS AREA.

SURFACE OF PCB.
ALLOWED

6. MOUNTING HARDWARE REQUIRED:

3X

M2X0.4 - SCREW LENGTH = PCB THICKNESS +

Zﬁl CUSTOMIZED PACKAGE SPEC:

PLACE CONNCECTOR PIN FIELD DOWN

A CUSTOMIZED PACKAGE SPEC:

DESTIGNED NEW HARD PACKAGE FOR CUSTOMER PROCESS.

IN PACKAGE .

(2 TO 4).

AND PLACE

CONNCECTOR PIN FIELD DOWN IN PACKAGE.
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