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TERMINAL WIRE SIZE INS. RANGE| WIRE CRIMP HEIGHT | APPLICATION

~ No. AWGH (mm) (mm) SPEC
1702051 #28,#30 1.0-1.2 - 0.55-0.65 114-5035
#26 1.4 \F 0.61—0.71
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