
Q'TY of  ASS'Y

ASS'Y P/N
8.8

AA

1.41.4

1.4 1.4

± 0.2510<XX<30

ANGLES
30<XX

± 3°
± 0.3

OTHERWISE SPECIFIED:

0 <XX<10 ± 0.2

TOLERANCES UNLESS

KEY CODE

936472-6

TYPE1 TYPE2

< KEY CODE>
TYPE3

PARTS  NO

936472-1

936472-2

ITEM
NO

NATURALPBT 16Pos.PLUG HSG

NAMEMATERIAL FINISH/COLOR

BLACK

936472-5

936472-3

936472-4

1

GRAY

BROWN

YELLOW

RED

SECTION A-A

8°
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3

2

BLUE

GREEN

PLATE(B)

16Pos.DBL LOCK
BLACK

936491-2

REF
16.9

3
16Pos.DBL LOCK

PLATE(A)
BLACK
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2. KEY CODE :  REFER TO THE TABLE

4.THE MATING HSG  P/N ; 936497

3. APPLICABLE CONTACT P/N: 316836-1, 316838-1

1. PLATE MUST BE COMPLETELY PRE-ASSEMBLED
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4.상대하우징  P/N ; 936497

3. 적용 TML P/N: 316836-1, 316838-1

2. KEY CODE : TABLE 참조

1. PLATE는 그림과 같이 1차 locking 상태로 공급되어짐.
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