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ARMOUR RODS

CATALOGUE NUMBER: NGAO785-0830
SUITS CONDUCTOR

STRANDING COND. TYPE DIAMETER FITTING LAY
7/275 SC/GZ 825 RIGHT HAND
7/12 (7/0.1047) SC/GZ 7.92 RIGHT HAND

TECHNICAL SPECIFICATIONS;

CATALOGUE NUMBER: NGAO785-0830

DESCRIPTION: NON-TENSION GALVANIZED STEEL ARMOUR RODS
MATERIAL: HEAVILY GALVANIZED STEEL WIRE.

NUMBER OF RODS: 10
ROD DIAMETER: 2.64mm
OVERAL LENGTH: 865mm
END FINISH: CHAMFERED
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DESCRIPTION:

NON-TENSION GALV-STEEL ARMOUR RODS
7/275 SC/GZ

7/12 SC/GZ

WRAPTER -

FITTING LAY DIRECTION: RIGHT HAND WRAETER, TE RANGE: 785 - 830

COLOUR CODED: WHITE ';lg»‘;g7§§/-82830 E!%I '\?@‘}0 kg COLOUR-CODE: WHITE

RODS ARE LABELED, BUNDLED IN A SET AND TAPED AT BOTH ENDS. |7/% sc/ez MONTH/YEAR. .. QTY: 30 WEIGHT: ..... BATCH: ...
I N L NON-TENSTON GALV-STEEL ARMOUR RODS (NGA) FITTING
SCREW THREADS ARE TQ AS 1275 DIMENSTONS UP TO 30mm..2!.5mm PART Alias UTX/DUL

LoC

DO NOT WORK TO DIMS MARKED REF

DIMENSTONS OVER 30mm..

+5%

NGA0T85-0830

COND RANGE: @7.85 - @8.30

SURFACE FINISH 6.3 U.N.0. UP TO A MAX OF ... ... B ot ST ST
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