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PLUG: PPS GF40 (BLACK) ! INTERFACE SEALA@

RETAINING BOLT
SEAL/GROMMET: VMQ (RED-ORANGE)
CLIP: STEEL, UNPLATED
BOLD: STAINLESS STEEL WITH SILVER PLATING AND MAY TARNISH.

<:>Zél WEB SEAL HOLES MAY NOT BE COMPLETELY
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2 FOR CONTACTS AND WIRE PERFORMANCE AND APPLICATION oplc PLUG 40 CONTACTS
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