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   MATERIAL:
       HOUSING AND SHORT CAP: PA66 GF15, BLACK
       GROMMET: VMQ, RED-ORANGE
       CONTACTS: COPPER ALLOY, GOLD PLATED
       WEDGELOCK: PBT GF30, BLUE
 
4. THIS RECEPTACLE MATES WITH THE DT06-3S-XXXX PLUG (XXXX=J1939 MODIFICATIONS)
   CONSULT FACTORY FOR MODIFICATIONS. INCLUDED LOCKING WEDGE IS KEYED   
   TO PREVENT MISMATING AND MAY NOT MATE WITH ALL 3-WAY DT SERIES PLUGS.
 
3. FOR CONTACT AND WIRE SPECIFICATIONS SEE CUSTOMER DRAWING 
   0425-015-0000 AND 0425-017-0000.
 
2. RESISTOR CHARACTERISTICS: 120 OHMS �#�10 PERCENT, 0.4 WATTS MIN.
 
1. RESISTOR INSERTED INTO CAVITIES 'A' AND 'B'.
 
NOTES:
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