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MATERIAL WEIGHT |ROLL DIAMETER |ROLL DIAMETER
DESCRIPTION | TEPN DESCRIPTION TTDS (8) (mm)+10 | (Inch)0.393 INSIDE WOUND
EET-1336P-4 |4-1768018-8| YELLOW POLYESTER |TTDS-174| 0.056 146.73 5.78 LABEL ACROSS: 2
EET-1336P-8A |4-1768018-9| SILVER POLYESTER |TTDS-175| 0.044 146.73 5.78 PER ROLL QTY: 10000
EET-1336P-9 |5-1768018-0| WHITE POLYESTER TTDS-177| 0.043 141.82 5.58
| EET-1336PY-9 [5-1768018-1 | WHITE POLYETHYLENE | TTDS-178| 0.051 157.38 6.20 ADHESIVE TYPE PERMANENT
LINER GLASSINE PAPER
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TOLERANCES mm [INCH] CH(A\KE NUTTALL 29DEC2020 y— TE TE Connectivity
LABEL HEIGHT: | 0.3 [.012] DIMENSIONS: TOLERANCES UNLESS
LABEL WOTH: | £03 [.012] mm _[INCHES] NS AT T FET LABELS 12.70mm x 36.00mm
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