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MATERIAL WEIGHT |ROLL DIAMETER |ROLL DIAMETER
DESCRIPTION | TEPN DESCRIPTION TS | (g) | (mm)+10 | (Inch)+0.393 INSIDE WOUND
EET-2576P-4 |8-1768018-4 YELLOW POLYESTER TTDS-174| 0.236 149.86 5.90 LABEL ACROSS: 1
EET-2576P-8A |8-1768018-5 SILVER POLYESTER TTDS-175| 0.188 149.86 5.90 PER ROLL QTY: 3000
EET-2576P-9 |8-1768018-6 WHITE POLYESTER TTDS-177| 0.182 144.75 5.70
EET-2576V-4-W | 8-1768018-8 | WARNING YELLOW FLEXIBLE PVC | TTDS-184| 0.214 151.30 5.96 ADHESIVE TYPE PERMANENT
LINER GLASSINE PAPER

TOLERANCES mm [INCH]
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LABEL HEIGHT: | 0.3 [.012] DIMENSIONS: TTSE%%%‘NSCEESSPUENCL‘EFS‘S : APVD 29DEC2020 | NAME
LABEL WDTH: | 0.3 [.012] mm [INCHES] MIKE NUTTALL FET LABFLS 25.40mm x 76.20mm
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