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13.5 VDC MAX. .
MUST OPERATE
MUST RELEASE 5.5 vDC MAX., 2.3 VDC MIN. + X1
ENVIRONMENT: BLUE BEAD

TERMINAL VIEW

VIBRATION 10 g, 1o 3000 y, o _ 30
200 CONTACT RATING:
SHOCK 9's 6 MS. DURATION 25 AMPS 28 VDC. 115 VAC 400 Hz RESISTIVE
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