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SR6 (V23050);Ui:400V;Uimp:4kV;AC-15:Ue/le: AC250V/5A;DC-13:Ue/Ie: DC48V/2A;1th:8A;Us:SR6 Standard Coil:
DC5V/6V/9V/12V/15V/18V/21V/24V/36V/40V/48V/60V/85V/110V;SR6 Sensitive Coil:
DC5V/6V/9V/12V/15V/18V/21V/24V/30V/36V/40V/48V/60V/85V/110V; B4 fARE I I 14
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_SR 6 A 012
Type | j
,,,,, st i o e
Version ] !
6 Standard Version i
Contact Configuration
A 3 N.O. contacts and 3 N.C. contacts
B 4 N.O. contacts and 2 N.C. contacts
C 5 N.O. contacts and 1 N.C. contact
D 2 N.O. contacts and 2 N.C. contacts
M 3 N.O. contacts and 1 N.C. contact
U 3 N.O. contacts and 3 N.C, contacts {crossed
pin layout)
v 4 N.O. contacts and 2 N.C. contacts {crossed
; pin layout)
Contact Material
4 AgSn0; (Standard Cotl only)
6 AgSnO: Au plated  (Sensitive Coil only)
Coil Voltage
See: Coil table
V23050 R 012 A 5 e
Type | | ]
V23050 l |
Version { { “
Al Standard | |
Veoil Voltage ‘ 1
See: Coil table |
Contact Set |
A __ SiogleContact S D ALY
Contact
Material
5 AgSn0O, (Standard Coil
it only)
Contact configuration
33 3 N.O. contacts and 3 N.C.
contacts
42 4 N.O. contacts and 2 N.C.
contacts
51 5 N.O. contacts and 1 N.C.
contact
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Product series

QR Code
(can scan the code to query
the information)

2020970303000302

Address of Chinese
government’s website

http://cx.cnca.cn/CertECloud/result/ski
pDetail?rzjgld=&certNumber=2020970
303000302&showtemp=5&geetest ch
allenge=62d7b83077b3df683d4be726
9fef3eb9&geetest validate=30d801a2
04097984fed3b8febfofb78c&geetest s
eccode=30d801a204097984fed3b8feb
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