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SRR (Explanation of model/ type):
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A=250 tab

B=solder lug

C=right angle
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TYPE A TYPEB

1=black B-black

2=white C=white

3=gray D=gray

4=lvory

Q.LEHE

CLEAR SOLID
1=Amber 4=White
2-Red 5:-Black
3=Green 6=Red
A=Blue T=Gray
TWO-COLOR
8-Blk-Red(60M1-0117/60M1-0118)
9=Blk-Red(60M1-0117/60M1-0124)

@RS

1=125VAC

2=250VAC

3=12VDC

OFT

A=Non-ilfluminated

B=iltuminated

Ce=Led
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TYPE A

0=No Marking

1=(2)Reset/Off Print

3=K0 Print

TYPE B
2=Reset/Off Molded

OFHEIEHET)
5=5A

6:-6A

7=7A

8=8A

10=10A

15=15A

20=20A
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