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License holder: 

Factory: 

(Full address) 

Type or Model Number: 

Kind of deVice: 

Type deSignation 

Contact material 

Number of poles 

Rated voltage 
(Over voltage Category II) 

Rated voltage 
(Over voltage Category ill ) 

Rated current 

Mechanical endurance 

Classification 

Number of bendings 
(non-rewirable tEirminals only) 

Upper limit temperature 

Lower limit temperature 

Tyco Electronics Japan G.K. 

3-5-8 Hisamoto, Takatsu-ku, Kawasaki-shi, Kanagawa 213-8535, Japan 

Tyco Electronics Qingdao Co. Ltd. 
3rd Qingdao Export Processing Zone, Hetao Chengyang, Qingdao Shandong 266113 
P.R.China 

OYNIATAP 0-3100 & 0-3200 Series 

Connector 

Specifications 

DYNATAP Connectors 

Copper alloy, Tin or Gold plating 

18 poles / 24 poles 

0-3100 Model: 160 V ac/dc 

0-3200 Model: 600 V ac/dc 

0-3100 Model: 150 V ac/dc 

0-3200 Model: 300 V ac/dc 

0-3100 Model: AWG#14 - 8 A 

0-3200 Model: AWG#14 - 10 A 

50 

DCBC ~ Non CBC D other: 

N/A 

105°C 

-55 DC 

Maximum ambient temperature at rated 75 DC 
current 

IP Degree Conditions 

Type of connector Receptacle Plug 

IP code IP-10 C8J mated IP-1 0 C8J mated 
o unmated o unmated 

Backshell N/A N/A 

Cable clamp N/A N/A 

Cable range Nl/A N/A 

Fastening torque N/A N/A 
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Rated current; 
0-3100 Model 

Poles 
#14--16 

18 811. 

0-3200 Model 

#18 #20 

7.3A 5.8A 

Wire Size 

1 #22 #24 #26 

I 4.5A 3.8A 3.3A 

Poles 
Wire Size 

#14 I #16 I #18 I #20 I #22 I #24 
24 lOA I 8.5A I SA I 6.3A I 5.3A J 4.5A 

TYPE NOMENCLATURE: 

Connector; 

Model Pol(~s 
OYNATAP 

Poles Receptacle 
Free-Hanging Panel Mount 

0-3100 18 0 - 1376807-1 0-1376807-2 6 1-178288-6 

0-3200 24 0-1827691 - 1 
0-1827691-2 

4 1-178128-4 
0 - 1827691 - 3 

Note; The prefixed denote variations for contact plating. (e.g. Gold or Tin) 

Contacts: 
Wire Receptacle 

Range Standard Type High pressure Type 
(AWG#) Strip Form Loose Form Strip Form Loose Form 
28-24 175194-0 175216-0 1-175194-0 1-175216-0 

24-20 175195-0 175217-0 1-175195- 0 1- 175217- 0 

20-16 175196-0 175218-0 1-175196-0 1-175218-0 

16-14 917484-0 917511-0 1-917484- 0 1- 917511 - 0 

16-14 353715-0 353717- 0 1- 353715-0 1- 353717- 0 

Note; The suffixes denote Gold or Tin plating. 
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