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PART NUMBER DESCRIPTION
EN2949-000 CSJU—2511
EN2950—-000 CSJU—-1511—-5B2
EN2951-000 CSJU—-1511—-5B1
EN2952—-000 CSJIU—2511-5B1
EN29535—-000 CSJIU—2511-5B2
EN2968—-000 CSIU—-5-1211-5B2
EN2969-000 CSIU—-5-1311-5B1
EN2970-000 CSIU—-5-2511—5B1
EN2975-000 CSIU—-5-2011-5SB2
EN2976—000 CSIU—-5—-2011
EN5196—-000 CSIU—=1011—-ALC2
EN5315—-000 CSIU—2911—ALC2
EN6509—-000 CSJIU—-1511-5B2—-GC2
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Selection information: Dimensions in inches (millimeters) ~ | SRR SHEET _ I
CSJU WITHOUT CONNECTOR
Voltage Catalog Number Nominal Cable Range Min - Max Insulation Max. Jacket O.D. Connector Dimensions
Class Diameter Max. O.D. Max. Length
15 kV CSJU-15M #2 - 4/0 064 -099 (16.3-251) |1.26 (32.0) 1.00 (25.4) 3.25(82.5)
25 kV | CSJU-2511 #1-2/0 | 0.84 -1.03 (21.3-26.2) | 1.26 (32.0) 1.00 (25.4) 3.25(82.5)
CSJU WITH ALUMINUM SHEAR BOLT CONNECTOR
Voltage Catalog Number Nominal Cable Range Min - Max Insulation Max. Jacket O.D.
Class Diameter
15 kV CSJU-1511-SB1 #2-1/0 0.64 - 0.99 (16.3 - 25.1) | 1.26 (32.0)
15 kV CSJU-1511-5B2 #2 - 4/0 0.64 -099 (16.3 - 251) | 1.26 (32.0)
25 kV | CSJU-2511-SB1 #1-1/0 | 0.84 -1.03 (21.3 - 26.2) - 1.26 (32.0)
25 kv CSJU-2511-SB2 #1-2/0 0.84-1.03(21.3-26.2) |1.26(32.0)
CSJU WITH ALUMINUM COMPRESSION CONNECTOR
Voltage Catalog Number Nominal Cable Range Min - Max Insulation Max. Jacket O.D.
Class Diameter
15 kV CSJU-15T1-ALCO | #2 STR-SOL, #1 S0OL 0.64-099 (16.3-251) |1.26 (32.0)
15 kV CSJU-15T1-ALCI #1 STR-CPT, 1/0 CPT-SOL | 0.64 - 0.99 (16.3 - 25.1) | 1.26 (32.0)
15 kV CSJU-1511-ALC2 | 1/0 STR-CMPR, 2/0 CPT | 0.64 - 0.99 (16.3-251) | 1.26 (32.0)
15 kV CSJU-15T-ALC3 | 2/0-STR-CMPR, 3/0 CPT | 0.64 - 0.99 (16.3-251) | 1.26 (32.0)
15 kV CSJU-1511-ALC4 | 3/0 STR-CMPR, 4/0 CPT | 0.64 - 0.99 (16.3 - 251) | 1.26 (32.0)
15 kV CSJU-15T1-ALC5 | 4/0 STR-CMPR 0.64 - 0.99 (16.3 - 251) | 1.26 (32.0)
25 kV CSJU-25T1-ALCO | #2 STR-SOL, #1S0OL 0.84-103(21.3-26.2) |1.26(32.0)
25 kv CSJU-251-ALC1T | #1 STR-CPT, 1/0 CPT-SOL | 0.84 - 1.03 (21.3-26.2) | 1.26 (32.0)
25 kV CSJU-2511-ALC2 | 1/0 STR-CMPR, 2/0 CPT | 0.84 -1.03 (21.3-26.2) | 1.26 (32.0)
25 kV | CSJU-251-ALC3 | 2/0-STR-CMPR, 3/0 CPT | 0.84 -1.03 (21.3-26.2) | 1.26 (32.0)
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