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NOTES
zii: MATERIAL: THERMO-PLASTIC FOR OUTER HOUSING
AND COPPER ALLOY FOR OTHER COMPONENTS.
zii: FINISH: SILVER PLATE OVER NICKLE PLATE AT CONTACT AREA
zZELTA\L LENGTH 4 Smm FOR 4 Imm THICKNESS PCB, AND 2. 5mm FOR
]{y] 2.0mm THICKNESS PCB.
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