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A 100 TYP Lﬁ SLOTS MAY BE LOCATED BETWEEN ANY OF THE CIRCUIT CAVITIES ON THIS SIDE
(SEE TABLE FOR KEYWAY OF THE HOUSING, (LOC D7).
LOCATIONS) &
THESE SURFACES WILL NOT BE PLATED, (2 PLC).
L = L = [_] L = [ = [_]
& THE NOTED DIMENSIONS APPLY AT THE INTERSECTION OF THE POST AND THE HOUSING, (LOC BS8).
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$.055%.003 TYP KEYWAY LOCATIONS (REF—SEE TABLE)
(MATING LENGTH OF POST ON NEAR SIDE)
RECOMMENDED HOLE LAYOUT SCALE: 2:1 OBSOLETE 5 1,3,5 A,D 2 ./ 35 624 4 2 5 s\o—102410-7/
OBSOLETE 5 2,5,4 A,D 2 ./ 35 624 4 2 5 s\>—102410-6
OBSOLETE 5 4,8,10 A,D,G,K 4 1.671 |1 1.560 10 38 17 s\5—102410-5
OBSOLETE 5 3 A,C,E 3 1.047 | .936 6 6 7 \5—102410—4
OBSOLETE 5 2 A,D 2 /3D 624 4 4 S 6\>—102410-3
OBSOLETE 5 2 A 1 423 312 2 2 3 6\5—102410-2
OBSOLETE 5 1 A 1 423 312 2 2 3 6\5—102410—1
OBSOLETE 4 1,3,5 A,D 2 ./ 35 624 4 2 5 1024107
4 2,5,4 A,D 2 ./ 35 624 4 2 5 102410—-6
OBSOLETE 4 4.,8,10 A,D,G,K 4 1.671 |1 1.560 10 38 11 102410-5
OBSOLETE 4 3 A,C,E 3 1.047 | .936 6 6 7 102410—4
OBSOLETE 4 2 A,D 2 /3D 624 4 4 5 1024103
OBSOLETE | /& 2 A : o3 | 312 | 2 2 3 1024102
OBSOLETE 4 1 A 1 425 S12 2 2 3 1024101
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