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P LTR DESCRIPTION DATE DWN | APVD
Fi REVISED PER ECO-16-011475 11AUG2016 | NK JO
G REVISED PER ECR-22-137476 23AU62022 | RK SD
POSITION T INDICATOR

ZZEL GLASS FILLED THERMOPLASTIC, UL 94-VO RATED, COLOR: BLACK
ZZEL VOID CORING PERMISSIBLE IN POLARIZATION BAR.

ZZEL OBSOLETE PARTS:OBSOLETE CIS STREAMLININE PER D.RENAUD/D.SINISI
4 THE PRODUCT IS IN PROCESS FOR UL RECOGNITION.
o THE PRODUCT IS NOT YET QUALIFIED AND IS IN PROCESS.
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