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TE Connectivity 
   MATERIAL: .012 [0.30] THICK COPPER ALLOY
 
 

2. WIRE RANGE: 18 AWG TO 14 AWG [0.75-2.0 mm²]
   INSULATION RANGE:  .075-.140 [ 1.91-3.56]
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TE INTERNAL PN DEUTSCH PN PLATING

1060-16-0988 1060-16-0988 Selective Pd-Ni, Au/Ni/Cu overall
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