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DESCRIPTION

DATE DWN

LC20-0113-09 / ECO-09-021048

10sEP2009| DM | BJ

MATERIAL:
E.T.P. COPPER.

ACCOMMODATES:

2/0 AWG (.418 DIA.) COPPER CONDUCTORS.

MARKING:

CKL20NTN
2/0 AWG
CSA 22 CU
[DATE CODE]

HARDNESS:
SOFT TEMPERED.

FINISH:
ELECTRO-TIN PLATE.

ALL DIMENSIONS ARE

FOR REFERENCE ONLY.

CKL20NTN 10996511
CATALOG NO. PART NO.
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INCHES COPPER COMPRESSION LUG, SHORT BARREL, TIN PLATED,
0 PLC + PRODUCT SPEC
1PC _ 1 HOLE NEMA PAD, 2/0 AWG COPPER CONDUCTORS
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