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D
D & MATERIAL:
ETP COPPER ALLOY C11000
COLOR BANDS PER ASTM SPEC B188
AS PER COLOR CODE
‘ (N) — (1.75) 2X (9.56) 2. HEAT TREAT:
| /_ SOFT TEMPERED
[ _ A MARKING:
w/2) 8 = . w =
1 S 3 X 2y 2 8 u UTILUX
w =+ @ 2 + St — % = [PART NO]
] =) 2 & = = c@Wus
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[DIE INDEX]
[COLOUR CODE]
MADE IN [C/0]
‘ 2 (SEE TABLE FOR UL MARKING) ‘
A FINISH:
‘ ¢ I @) ] ELECTRO TIN PLATED C ‘
A THIS PORTION TO BE CLOSED AR TIGHT
‘ 6. ALL DIMENSIONS ARE FOR REFERENCE ONLY ‘
EET——
| oI |1 |
NO 2-3/16 57 1.38 19 3.00 .62 [190r470(2) BLUE 12 400 MCM 1-1099939-6 ‘
‘ 3-1/16 6.8 2.16 .33 | 3.00 .62 27 (4) WHITE 112 1000 MCM 1-1099939-5 ‘
2-15/16 6.5 1.89 .27 | 3.00 .62 |24 0r473(4) BLACK 112 750 MCM 1-1099939-4
2-3/4 6.2 1.71 .27 | 3.00 .62 |22 0r472(2) GREEN 112 600 MCM 1-1099939-3 5
S
2-5/16 5.7 1.53 .23 | 3.00 .62 [200r299(2)| BROWN 112 500 MCM 1-1099939-2 5 ‘
B 2-116 54 1.27 .18 | 3.00 .62 |18 0or 324 (2) RED 112 350 MCM 1-1099939-1 B
‘ 2-116 5.4 1.18 .16 | 3.00 .62 |17 or 298 (2) WHITE 112 300 MCM 1-1099939-0 ‘
1-11/16 5.0 1.09 .16 | 3.00 .62 16 (2) YELLOW 112 250 MCM 1099939-9
‘ YES 1-11/16 5.0 1.00 14 | 3.00 .62 15 (2) PURPLE 112 4/0 STR. 1099939-8 ‘
1-9/16 4.8 .90 12 | 3.00 .62 14 (2) ORANGE 112 3/0 STR. 1099939-7
1-9/16 4.8 .82 12 | 3.00 .62 13 (2) BLACK 112 2/0 STR. 1099939-6
— 1-7/16 4.7 .75 12 | 3.00 .62 |12 0r 348 (2) PINK 112 1/0 STR. 1099939-5 | ‘
1-7/16 4.7 .80 .09 | 3.00 62 [110r375(2) GREEN 112 18TR. 1099939-4
‘ 1-5/16 4.5 .82 A 3.00 .62 10 (2) BROWN 112 2 STR. 1099939-3 ‘
1-3/16 4.6 .83 A 3.00 .62 9(2) WHITE 112 3 STR. 1099939-2
‘ 1-3/16 4.4 .83 A 3.00 .62 | 80r346(2) GRAY 112 4 STR. 1099939-1 ‘
UL WIRE STRIP| DIE INDEX | COLOUR |BOLT
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