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1 Hood HA 16 SO Aluminium Yellow Cromated Ass'y 6

1 Coupler HA 16 SO Aluminium Yellow Cromated Ass'y 5

20 Socket Contact HN.D Brass Gold Plated 0.14-0.37 4

20 Pin Contact HN.D Brass Gold Plated 0.14-0.37 3

1 Contact Insert SocketPC Grey HND.D.25 2

1 Contact Insert Pin PC Grey HND.D.25 1

QTY DESCRIPTION MATERIAL SURFACE NOTE ITEM NO

n.ISO 8015: 
n.ISO 2768-mH-E:
n.DIN 16901-120

NOTES

1

2

Material: Housing: Aluminium diecasting alloy
   
 
Surface: See table.
 
 
Varnish on the inside not necessarily
 
 
Packaging 5 Pieces max. in a box
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