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DIMENSIONING AND TOLERANCING PER GPS (ISO STANDARDS).
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PARTS LIST  (PER ONE UNIT)

ITEMNOTECOLOR/SURFACEMATERIALDESCRIPTION
PN/QTY 

0-10-2
1SERIES HC26, 4 POS. 22 DFGREYPBT-GF10FEMALE INSERT ASS'Y11
2SERIES HC26, 4 POS. 22 DFSILVER PLATEDCOPPER ALLOYFEMALE SHELL11
3SERIES HC26, FEM. SHELL STANDARDSILVER PLATEDBRASSFERRULE1-
4SERIES HC26, FEM. SHELL CRIMP VERSIONSILVER PLATEDBRASSFERRULE-1

Notes

   SUITABLE POWER INSERT: SERIES HC26
        CUSTOMER DRAWING: 1103429

   SUITABLE CAT5e CABLE: 
        CUSTOMER DRAWING: 1103536

   SUITABLE CRIMP CONTACTS: 
        CUSTOMER DRAWING: 1658686

   SUITABLE INSERTION TOOL:
        CUSTOMER DRAWING: 91285

   SUITABLE EXTRACTION TOOL: 
        CUSTOMER DRAWING: 91285 

   STANDARDS:
        DIN EN 61984, DIN EN 60664-1

   POLARIZATION RIP

   FOR WIRE-SHIELDING DIAMETER 5.0

   FOR WIRE-SHIELDING DIAMETER 4.2

   PACKAGING: 
        40 SETS IN A CARTON, UNMOUNTED
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