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MALE INSERT ASS'Y
SERIES HC26, 12-POS., TYPE III+
CIRCULAR HYBRID CONNECTOR
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Tyco Electronics AMP GmbH
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PARTS LIST
ITEMNOTESURFACE/COLORMATERIALDESCRIPTIONQTY
1SERIES HC26, 12-POS. TYPE III+GREYPBT-GF10MALE INSERT1
2SERIES HC26, INSERTGREYPA66-GF25RETAINING RING1

PN 0-1 AS SHOWN

Notes

   SUITABLE HOUSINGS: SERIES HC26
        CUSTOMER DRAWING: 1103433, 1103434

   OUTER DIMENSIONS OF INSULATION: MAX. �n�3.2 MM

   SUITABLE CRIMP CONTACTS: 
        CUSTOMER DRAWING: 827040        

   SUITABLE SUB-MIN. COAXICON CONTACTS: 
        CUSTOMER DRAWING: 51563 

   SUITABLE LWL (OPTICS) CONTACTS: 
        CUSTOMER DRAWING: 216341 

   SUITABLE INSERTION TOOL:
        CUSTOMER DRAWING: 1102855

   SUITABLE EXTRACTION TOOL: 
        CUSTOMER DRAWING: 1102855

   STANDARDS:
        DIN EN 61984, DIN EN 60664-1

   POLARIZATION RIPS 

   PACKAGING: 
        40 SETS IN A CARTON
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