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BULKHEAD HOUSING ASS'Y
SERIES HC26, DESIGN METAL
CIRCULAR HYBRID CONNECTOR
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PARTS LISTPN/QTY
ITEMNOTESURFACE/COLORMATERIALDESCRIPTION-1-2
1SERIES HC26, BULKHEAD HSG.GREYFKMSEALING11
2SERIES HC26, DESIGN METALNICKEL PLATEDZINC ALLOYBULKHEAD HOUSING11

PN 0-1 AS SHOWN

Notes

   SUITABLE HOUSINGS: SERIES HC26
        CUSTOMER DRAWING: 1103436, 1103434

   SUITABLE INSERTS: SERIES HC26
        CUSTOMER DRAWING: 1103428, 1103429,
        1103431, 1103432

   STANDARDS:
        DIN EN 61984, DIN EN 60664-1

   CODING GROOVE

   PACKAGING: 
        40 SETS IN A CARTON, PRE-MOUNTED

   SALEABLE PART

   KIT COMPONENT: FOR INTERNAL USE ONLY 
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