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PARTS LIST  (PER ONE UNIT)

ITEMNOTECOLOR/SURFACEMATERIAL"A"DESCRIPTION
PN/QTY 

0-10-20-30-40-50-60-70-8
1

 
SERIES EMV, SIZE 1, METRIC
 

GREYALU ALLOYM16CONNECTOR HOUSING1--1----
2SERIES EMV-K, SIZE 1, METRICBLACKALU ALLOYM16CONNECTOR HOUSING-1--1---
3SERIES EMV-K, SIZE 1, METRICBLACKALU ALLOYM20CONNECTOR HOUSING--1-----
4SERIES EMV-K, SIZE 1, METRICWHITEALU ALLOYM20CONNECTOR HOUSING-----1--
5A4, DIN EN ISO 7089, 200HVBLANKSTAINL. STEELWASHER, PLAIN222---22
6M4x22 DIN EN ISO 7964, REDUCED SHUNKBLANKSTAINL. STEELSCREW, HEXAGON BOLT222---22
7M3x8 PH1 DIN EN ISO 7047V2ASTAINL. STEELSCREW COUNTERSUNK RAISED HEAD11111111
83.0x1.0BLACKNBRO - RING11111111
9M4x22 DIN EN ISO 7964, REDUCED SHUNK (V4A)BLANKSTAINL. STEELSCREW, HEXAGON BOLT---222--
10A4, DIN EN ISO 7089, 200HV (V4A)BLANKSTAINL. STEELWASHER, PLAIN---222--
11SERIES EMV-K.3/4.ST-N, SIZE 1, METRIC, W/O THREAD & LOGOBLACKALU ALLOYCONNECTOR HOUSING------1-
12SERIES EMV, SIZE 1, METRICGREYALU ALLOYM20CONNECTOR HOUSING-------1

PART NO. ORDERING TEXT

0-1106402-1 EMV.3/4.STO.1.M16.G

0-1106402-2 EMV-K.3/4.STO.1.M16.G

0-1106402-3 EMV-K.3/4.STO.1.M20.G

0-1106402-4 EMV.3/4.STO.1.M16.G

0-1106402-5 EMV-K.3/4.STO.1.M16.G

0-1106402-6 EMV-K.3/4.STO.1.M20.G
0-1106402-7 EMV-K.3/4.ST-N

0-1106402-8 EMV.3/4.STO.1.M20.G

OBSOLETE

OBSOLETE

Notes

   SUITABLE HOUSINGS: SERIES EMV, SIZE 1
        CUSTOMER DRAWING 1102703; 1102702

   STANDARDS: DIN EN 61984, DIN EN 60664-1

   SURFACE: CHROMIT AL TCP PASSIVATION

   TOOLS: PHILLIPS SCREWDRIVER PH1
        HEXAGON SCREWDRIVER 7mm

   VARNISH ON INSIDE AREA NOT NECESSARY

   PACKAGING: 
        10 SETS IN A CARTON, PRE-MOUNTED

PN 0-1 AS SHOWN
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