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Notes:
A Material: Housing: aluminium diecasting alloy
Seals: Neoprene
A Surface: - Powder coated grey 5 i
- aluminium oxid + varnish black 2 g
ii Varnish on the inside not necessarily 1 Kupplungsgehause HB/cable-to-cable hoaod Aluminium/ALU grey/grau 9 | ohne Bohrung
Kupplungsgehause HDB/cable-to-cable hood Aluminium/ALU grey/grau 8
Profildichtung/profile seal Neoprene black/schwarz 7
N Packaging quantity 5 pieces LB-Biigel/side clip V2A/stainl. steel |blank/even 6
LB-Bigel/side clip Stahl/steel verzinkt/zink plated | blau/blue 5
VS-Bigel/locking clip V2A/stainl. steel |blank/even b
Bemerkungen: - — . .
VS-Bugel/locking clip Stahl/steel verzinkt/zink plated | blau/blue 3
A Material: Gehause: Alu-Druckgul3-Legierung Kupplungsgehiuse HD-K/cable-to-cable hood | Aluminium/ALU Aluminiumoxid black/schwarz 2
Bichtung: Neoprene Kupplungsgehiuse HD/cable-to-cable hood | Aluminium/ALU grey/grau 1
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