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NO NAME MATERIAL

1 HEADER HOUSING PBT UL94V-0

2 POST CONTACT BRASS - TIN PL

BLACK 5-1123824-1

RED 4-1123824-1

BLUE 3-1123824-1

YELLOW 2-1123824-1

NATURAL 1-1123824-1

COLOR PART NUMBER

FIG.1

(MOUNTING SIDE)

PCB

(EYELET)

FIG.2

(SOLDERING SIDE)

NOTES:
 
1.  MATING CONN P/N X-1123823-X
    
    APPLICABLE P.C.B LAYOUT : SEE FIG.1
    DIMENSION OF HOLE DIA FOR POST MOUNTING FIG1
    INDICATES WITHOUT EYELET.
 
    APPLICABLE EYELET : SEE FIG.2
 
4.  APPLICABLE P.C.B THICKNESS : 1.6t

(TABLE 1)

SECTION  B-B

2

1
(LOCATION CODE)

2

3

2

3


	Sheet 1
	Views
	new_view_1
	bottom_2
	left_5



