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| . APPLICABLE SPECIFICATIONS:
PRODUCT SPEC: 108-5616
APPLICATION SPEC: [14-5256
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NOTES:

PART NUMBER

WIRE RANGE

0.5(~t.38mn’
(AWG %20~%16)

INSULATIGN DIA

@1.8~3. Imm
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