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A MATERIAL: HOUSING: POLYESTER, GRAY. UL 94V-0.
15— = CONTACT: HIGH CURRENT COPPER ALLOY.
CONNECTOR OUTUNE-ﬂ\\\\¥ 50.61 REF /o\ /2\ FINISH: IN ACCORDANCE WITH PRODUCT SPECIFICATION 108—1651,
- = ] ALL PLATED GOLD PLATING OR EQUIVALENT PLATING ON PRODUCT CONTACT MATING AREA,
THRU HOLES AND MATTE TIN PLATING ON COMPLIANT PIN AREA, ALL OVER MATTE NICKEL
UNDERPLATED. DETAIL PLEASE REFER TO PRODUCT SPECIFICATION 108—1651.
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D 20.081) FINISH: CONTACT LUBRICATION WITH BELLCORE APPROVED D
LUBRICANT. TECHNICAL REFERENCE: GR—1217—-CORE, ISSUE 1,
NOVEMBER 1995.
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| A 10.26+0.13 DIMENSION APPLIES IN THIS AREA.
— —A— A REFERENCE APPLICATION SPEC 114—-1105 FOR RECOMMENDED
PLATED THRU HOLE DIAMETER AND PLATING THICKNESSES.
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